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AYRINTILI TEKNIK BILGILER

OZELLIKLER
Fonksiyon prensibi Cisimden yansimali sensor
Calisma prensibi ayrintisi Arka fon bastirma, V-Optics

Algilama mesafesi
Min. algilama mesafesi 2 mm
Maksimum algilama mesafesi 50 mm
Arka fon bastirma i¢in anahtarlama esigi ayar araligr 15 mm ... 50 mm
Referans nesne %90 remisyon derecesine sahip nesne (DIN 5033 uyarinca standart beyaza karsilik gelir)
Ayarlanan algilama mesafesi ile arka fon arasindaki 1 mm, 21 mm mesafede
minimum mesafe (siyah %6 / beyaz %90)
En iyi performans i¢in dnerilen algilama mesafesi 15 mm ... 30 mm
araligi
Verici isini
Isik kaynagi PinPoint LED
Isik tirli Gortinebilir kirmizi isik
Isik noktasi bicimi Dort kdse
Isik demeti capi (mesafe) 0,5 mm x 1,9 mm (30 mm)
Gonderme Isik huzmesinin maksimum yayilmasive < +/-1,5° (T = +23 °C'de)
norm génderme ekseni (meyilli agi)
LED karakteristik verileri
Normatif referans EN 62471:2008-09 | IEC 62471:2006, modifiye edilmis
LED risk grubu isareti Serbest grup
Dalga uzunlugu 635 nm
Ortalama kullanim siiresi T, = +25 °C’'de 100.000 saat

Algilanabilir en kiiclik nesne (MDO), tipik.
0,1 mm, 30 mm mesafede (%90 remisyon derecesine sahip nesne (DIN 5033 uyarinca standart beyaza
karsilik gelir))

Ayarlama

Bastirma-dondirme elemani BluePilot

Anahtarlama mesafesinin ayarlanmasi igin

Gosterge

Mavi LED BluePilot: Algilama mesafesi gostergesi

Yesil LED Durum gostergesi
Kalici acik: Power on
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Sari LED

Ozel uygulamalar

EMNIYET TEKNIGI PARAMETRELERI

MTTF,
DC

avg

T, (kullanim dmr)

ELEKTRIK

Gerilim kaynagi U,
Sinyal tagima

Kullanim kategorisi

Akim tiketimi
Koruma sinifi
Dijital ¢cikis
Adet
Tr

Anahtarlama tipi

Sinyal gerilimi PNP HIGH/LOW
Sinyal gerilimi NPN HIGH/LOW
Cikig akimi |

Koruma devreleri Cikiglar

Tepki siiresi
Tekrarlama hassasiyeti (tepki siiresi)

Anahtarlama frekansi

Pin/damar diizeni
Fonksiyon Pin 4 / siyah (BK)

Ll
Sinir degerler.
2
Anahtarlama modunda ohm yiikii altinda sinyal siiresi.
)
Normalde agik/normalde kapali oraninda 1:1.

5
Bu anahtarlama ¢ikisi, bagka bir ¢cikisa baglanmamalidir.

MEKANIK

Govde yapisi
Model ayrintisi
Boyutlar (G x Y x D)
Baglanti

Baglanti ayrintisi
Derin dondurma 6zelligi
Kablo ¢api
Kablo ¢api
Kablo uzunlugu (L)

Malzeme
Govde
Oncam
Kablo

Agirlik
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Isik alimi durumu
Kalici acik: Nesne mevcut
Kalici kapali: Nesne mevcut degil

Seffaf nesnelerin algilanmasi

661yil
0%
20 yil

10VDC..30VDC"

=5V,

DC-12 (EN 60947-5-2 uyarinca)
DC-13 (EN 60947-5-2 uyarinca)
<25 mA, yiiksiiz. U, = 24 V'ta
]

1

itme-cekme: PNP/NPN
Karanlik ile anahtarlama
Yaklagik U,-2,5V/0V

Yaklagik U,/ <25V
<100 mA

Ters kutup korumali
Asiri akima dayanikli
Kisa devre korumali
=500 s

2)
150 ps
1.000 Hz”

Dijital ¢ikis, karanlik ile anahtarlama, nesne mevcut - Q DUSUK cikisi K

Dort koseli form

Flat

16 mm x 40,1 mm x 12,1 mm
3 telli kablo, 2 m

0 °C altinda kablo deforme edilmemelidir
0,14 mm?

3,4 mm

2m

Plastik, VISTAL®
Plastik, PMMA
Plastik, PVC

Yakl. 30 g
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Sabitleme vidalarinin maks. sikma torku

ORTAM VERILERI

Koruma sinifi

Calisma ortami sicakligi
Depo ortam sicakligi
Tip. Ortam 1s1§ina dayaniklilik

Darbe dayanimi

Titresime karsi dayaniklilik

Nem

Elektromanyetik uyumluluk (EMV)
Temizlik maddesi dayanikliligi
UL-dosya no.

SERTIFIKALAR

EU declaration of conformity

UK declaration of conformity

ACMA declaration of conformity
Moroccan declaration of conformity
China RoHS

China Compulsory Product Certification (CCC)
exempt

ECOLAB certificate
cULus certificate

Photobiological safety (DIN EN 62471) certificate

GOSTERGE VE AYARLAMA ELEMANLARI

O

@fﬁ]:

@ Q

® Mavi LED

® Bastirma-dondiirme elemani
® Sari LED

@ Yesil LED

4 TEKNIK SAYFA | SICK

0,4 Nm

IP66 (EN 60529)
IP67 (EN 60529)

-40°C...+60°C
-40°C..+75°C

Yapay isik: = 50.000 Ix
Giines 1s1g1: = 50.000 Ix

30 g, M ms (X, Y, Z ekseni boyunca 3 pozitif ve 3 negatif darbe, toplam 18 darbe (EN60068-2-27))
10 Hz ... 1.000 Hz (Amplitude 1 mm, 3 x 30 min (EN60068-2-6))
35 % ... 95 %, bagil nem (yogusma olusmaz)

EN 60947-5-2
ECOLAB
NRKH.E181493 & NRKH7.E181493

SIS S S (S S

<

<
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MONTAJ UYARISI KABUL ACISI, YUKSEK ORANDA PARLAK NESNE UZERINDE, B

High-glossy object, angle of acceptance

B
20

15

10 ~

° i

-10 -

-15 Example:
Set sensing range x = 30 mm
-20 Angle of acceptance between -7° and +7°

0 10 20 30 40 50X
(0.39) (0.79) (1.18) (1.57) (1.97)

Distance in mm (inch)

Recommended sensing range for
the best performance

MONTAJ UYARISI KABUL ACISI, YUKSEK ORANDA PARLAK NESNE UZERINDE, A

High-glossy object, angle of acceptance

o
20
15
10 \
5 \‘ [
.\.
0
-5
-15 '/ Example:
/ Set sensing range x = 30 mm
-20 Angle of acceptance between -12° and +5°
0 10 20 30 40 50X
(0.39) (0.79) (1.18) (1.57) (1.97)

Distance in mm (inch)

Recommended sensing range for
the best performance
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MONTAJ UYARISI KABUL ACISI, ARKA FONUN ONUNDE CAM, B

Transparent pane of glass in front of background
(18 % remission), angle of acceptance

B
10
5 \
§
’ /
-5 ! = 1
\
Example:
Set sensing range x = 30 mm
Distance object to background d = 200 mm
-10s Angle of acceptance between -6° and +6°
0 10 20 30 40 50 X

(0.39) (0.79) (1.18) (1.57) (1.97)
Distance in mm (inch)

= d =10 mm e d =120 mm
= d =40 mm d 2200 mm
d =80 mm

Recommended sensing range for
the best performance

MONTAJ UYARISI KABUL ACISI, ARKA FONUN ONUNDE CAM, A

Transparent pane of glass in front of background
(18 % remission), angle of acceptance

o
10 T
5
[—
0
-5 A ‘
Example:
Set sensing range x = 30 mm
Distance object to background d 2 200 mm
-10 Angle of acceptance between -4° and + 7°
0 10 20 30 40 50 x
(0.39) (0.79) (1.18) (1.57) (1.97)
Distance in mm (inch)
= d =10 mm e = 120 mm
= d =40 mm d =200 mm

d =80 mm

Recommended sensing range for
the best performance
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BAGLANTI TIPI 3 TELLI KABLO
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BAGLANTI SEMASI CD-513
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DOGRULUK TABLOSU iTME-CEKME: PNP/NPN AYDINLIK ILE ANAHTARLAMA Q

Light receive
Light receive indicator
Load resistance to L+

Load resistance to M
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Light switching Q (normally open (upper switch), normally closed (lower switch))

Object not present =» Output LOW Object present =» Output HIGH
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DOGRULUK TABLOSU iTME-CEKME: PNP/NPN - KARANLIK ILE ANAHTARLAMA Q

Dark switching Q (normally closed (upper switch), normally open (lower switch))

Object not present =» Output HIGH

Light receive
Light receive indicator
Load resistance to L+

Load resistance to M

oot vtemeert b o
A

Object present =» Output LOW

KARAKTERISTIK EGRI

Minimum distance in mm (y) between the set sensing
range and white background (90 % remission)
y

7
(0.28)

6
(0.24)

5
(0.20)

4
(0.16)

3 +—

(0.12) 1%/90%

6%/90%
2 2)—
(0.08)
p

1 D —

(0.04) 18%,/90% . 4
o 90%/90%| x
0 10 20 30 40 50
(0.39) (0.79) (1.18) (1.57) (1.97)
Distance in mm (inch)

Recommended sensing range for
the best performance
@ asiri siyah nesne, %1 remisyon derecesi
® Siyah nesne, %6 remisyon derecesi
® Gri nesne, %18 remisyon derecesi
@ Beyaz nesne, %90 remisyon derecesi
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Example:
Safe suppression of the background

White background (90 %)

g

Black object (6 % remission)

Set sensing range x = 20 mm
Needed minimum distance to white
background y = 1.2 mm
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ISIK DEMETI CAPI DIKEY

Dimensions in mm (inch)

9.5
(0.37)

75 7 Apex angle 8.1°

(0.30)
’- ‘

5.5

(0.22) /
35 ' g

(0.14)

1.5
(0.06)

-0.5 ' '
(-0.02)0 10 20 30 40 50 5 30 50
(0.39) (0.79) (1.48) (1.57) (1.97) (0.2

Distance in mm (inch)

—
/’
=

Recommended sensing range for
the best performance

ISIK DEMETI CAPI YATAY

Dimensions in mm (inch)
3
(0.12)
2
(0.08)

1
(0.04)

0 @ b
(_0_0'41) — ~

-2
(-0.08)
-3 ' '
(-0.12)0 10 20 30 40 50 5 40 50
(0.39) (0.79) (1.18) (1.57) (1.97) (0.20) (1.57) (1.97)

Distance in mm (inch)

[
\

Recommended sensing range for
the best performance
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ALGILAMA MESAFESI DIYAGRAMI

®VEE

0 10 20 30 40 50
(0.39) (0.79) (1.18) (1.57) (L.97)
Distance in mm (inch)

D
C

BluePilot

— 5
- £

A

A = Sensing range min. in mm
B = Sensing range max. in mm
C = Viewing range
D = Adjustable switching threshold for background suppression
E = Sensing range indicator
F = Teach-Turn adjustment
Recommended sensing range for the best performance

@® asiri siyah nesne, %1 remisyon derecesi
®@ Siyah nesne, %6 remisyon derecesi

® Gri nesne, %18 remisyon derecesi

@ Beyaz nesne, %90 remisyon derecesi

TEKNIK GIZIM
16 (0.63) ) 12.1 (0.48) 24.9 (0.98)
e ).
. (\!
o
. <
® Bf -k L
e | g =R
@ -1 gl " 9
X S|~ S
o ® o
; S 3
N Y - =TT T
° 5 =
A WA =
w T g I —
. o ' )
i o u S
>
9 (0.35) 268 | «
(0.27)

Olciiler mm cinsindedir

® algilama malzemesinin 6ncelikli yoni
@ verici optik eksen ortasi

® alici optik eksen ortasi

@ sabitleme deligi M3

® Baglanti

® Gosterge ve ayarlama elemanlari

@ Odak

10 TEKNIK SAYFA | SICK
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Daha fazla bilgi, uygun aksesuarlar, uygulama érnekleri ve CAD 6lgl modelleri, kullanim kilavuzlari ve yazi-
lim gibi indirmeler i¢in bkz.: www.sick.com/1120716
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SICK

Sensor Intelligence

BIR BAKISTA
SICK

SICK, endiistriyel otomasyon alaninda akilli sens6r ¢oziimleri ve
entegre ¢oziimler sunan, diinya genelinde lider bir teknoloji sirketidir.
Teknolojilerimiz kiiresel standartlar belirler ve endistriyel proseslerinizi
hem lojistik hem de Uretim alaninda daha verimli, daha giivenli ve daha
sirdurulebilir hale getirir.

SICK, sensor zekasini sektor bilgisi ve sertifikall danismanlik hizmet-
leriyle birlestirir. Olceklenebilir ve &zel olarak tasarlanmis otomasyon
¢cOziumleriigin ideal bir temel sunuyor ve tiim deger zinciri boyunca
katma deger olusturuyoruz. Misterilerimizle olan yakin is birligimiz
yalnizca bir s6zden ibaret degildir: Birlikte verimliligi artirir, kaliteyi
ylkseltir, saglik ile glivenligi korur ve gelecegi kalici sekilde glivence
altina alinz. Tum bunlari empati ve given ¢ergevesinde yapariz.

1946 yilindan bu yana SICK, tutku ve oncii ruhla yenilik¢i teknolojiler
gelistirmektedir. Yaklasik 40 (ilkedeki kiiresel agi sayesinde SICK
diinya capinda faaliyet gostermektedir ve her zaman size yakindir.
Sirketin genel merkezi, Almanya’nin Freiburg yakinlarindaki
Waldkirch’tedir. Misterilerimiz, yerel ve kiiresel gereksinimlere iligkin
bilgi birikimimizden faydalanir; biz de bu gereksinimleri ihtiyaca 6zel
¢ozlimlere dénustiruriz.





