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[ Operating range [ Typ. max. scanning range

Scanning range reduction when slotted masks are used

Without masks/polarizing filter

With polarizating filter tip adapter
With slotted mask, width 2.0 mm
n With slotted mask, width 1.0 mm
With slotted mask, width 0.5 mm
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