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EU declaration of conformity

UK declaration of conformity

ACMA declaration of conformity

Moroccan declaration of conformity

China RoHS

China Compulsory Product Certification (CCC) exempt
cULus certificate

Photobiological safety (DIN EN 62471) certificate
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Sensing range N
typ. max.
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m 15 20 25
(feet) (16.40) (32.81)  (49.21) (65.62) (82.02)
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