
Conversielijst SICK OD Max

Last order date OD Max: 30-09-2021
Last delivery date OD Max: 15-12-2021
Note: Please check the datasheet on the website to be sure the suggested replacement is suitable for your application.

Part number Range Repeatability Linearity Measuring Frequency Interfacing Replacement Strategy

Oud OD Max type:
OD25-01T1 24…26mm 0.1μm ±2μm ≤10kHz Analogue RS-232
Alternatieven:
OD5-25T01 24…26mm 0.02μm ±1.6μm ≤10kHz Analogue RS-232 RS-422 Performance
OD5000-C30T05 25…35mm 0.05μm ±3μm ≤80kHz Analogue via AOD1 Performance
OD1-B035H15A15 20…50mm 6μm ±30μm ≤2kHz Analogue RS-485 Economy

Oud OD Max type:
OD30-05T1 25…35mm 1μm ±10μm ≤10kHz Analogue RS-232
Alternatieven:
OD5-30T05 25…35mm 0.2μm ±8μm ≤10kHz Analogue RS-232 RS-422 Performance
OD5000-C30T05 25…35mm 0.05μm ±3μm ≤80kHz Analogue via AOD1 Performance
OD2-P30W04A0 26…34mm 2μm ±8μm ≤2kHz Analogue RS-422 Economy
OD1-B035H15A15 20…50mm 6μm ±30μm ≤2kHz Analogue RS-485 Economy

Oud OD Max type:
OD85-20T1 65…105mm 5μm ±40μm ≤10kHz Analogue RS-232
Alternatieven:
OD5-85T20 65…105mm 1μm ±20μm ≤10kHz Analogue RS-232 RS-422 Performance
OD5000-C85T20 65…105mm 0.1μm ±7.2μm ≤80kHz Analogue via AOD1 Performance
OD2-P85W20A0 65…105mm 10μm ±40μm ≤2kHz Analogue RS-422 Economy
OD1-B100H50A15 50…150mm 20μm ±100μm ≤2kHz Analogue RS-485 Economy

Oud OD Max type:
OD350-100T1 250…450mm 50μm ±200μm ≤10kHz Analogue RS-232
Alternatieven:
OD5-350W100 250…450mm 5μm ±160μm ≤10kHz Analogue RS-232 RS-422 Performance
OD2-P250W150A0 100…400mm 75μm ±750μm ≤2kHz Analogue RS-485 Economy
OD2-P300W200I0 100…500mm 100μm ±1.2mm ≤2kHz Analogue only Economy
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